
0E-HDMISW3X1 IS A HIGH PERFORMANCE AND COST-EFFECTIVE 3 X 1 SWITCHER 
THAT IS A PERFECT SOLUTION FOR MANAGING MULTIPLE SOURCES. IT PROVIDES 
THREE INPUTS FOR DIRECT CONNECTION OF HDMI SOURCE DEVICES, WHICH GIVES 
YOU A HIGH PERFORMANCE CONNECTION BETWEEN THREE SOURCES AND A 
DISPLAY WITHOUT SIGNAL LOSS.

SPECIFICATIONS:
Technical
• Input: 3 x HDMI IN

• Output: 1 x HDMI OUT

• Input/Output Signal Type: HDMI1.4 with HDCP 2.2

• Resolution Supported: 
3840 x 2160@60/50/30/25/24Hz,
1920 x 1080@60/50/30/25/24Hz,
1280 x 720@60/50/30/25/24Hz,
720 x 576@50/60Hz, 720 x 480@50/60Hz,
3840 x 2160@60/50Hz is only support 4:2:0 chrome

• Maximum Data Rate: 10.2Gbps

• Maximum Pixel Clock: 340MHz

• Warranty: 2 years

For more information please call 1-833-574-9124 
or email AVARRO@adiglobal.com

To learn more about AVARRO products visit 
avarro.adiglobaldistribution.us

• PART#: 0E-HDMISW3X1
• UPC: 811914027607

General
• Operating Temperature: 

0°C to 45°C (32°F to 113°F)

• Storage Temperature: 
-20°C to 70°C (-4°F to 158°F)

• Humidity: 
10% to 90%, non-condensing

• ESD Protection: 
±8kV (Air-gap discharge)/
±4kV (Contact discharge)

• Power Consumption (max): 0.25W

• Device Dimension: 
11.0cm × 7.02mm × 2.1cm/ 4.33" × 2.76" × 0.83"

• Product Weight: 0.22kg/0.48lb

0E-HDMISW3X1

HDMI SWITCHER 
3 INPUTS x 1 OUTPUT



TECHNICAL DRAWING
0E-HDMISW3X1
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For more information please call 1-833-574-9124 
or email AVARRO@adiglobal.com

To learn more about AVARRO products visit 
avarro.adiglobaldistribution.us


