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PART #: 0E-IPOC

UPC:   840049304468 

LENGTH: 4” EACH 

WIDTH: 1.875” EACH

HEIGHT: 0.875 EACH

WEIGHT: 2.4 OUNCES EACH

• IP VIDEO, AUDIO, DATA AND POE OVER COAX

• MAXIMUM 3,000’ (1,000 METERS) 
   TRANSMISSION DISTANCE

• UP TO 100MBPS BANDWIDTH OVER 1,200’ (365M) 
   RG59/RG6 COAXIAL CABLE

• PLUG-AND-PLAY, CONFIGURATION-FREE

• IEEE802.3af and IEEE802.3at POE COMPATIBLE

• 21W MAXIMUM POE LOAD AT 330’ (100M)

• LIGHTNING PROTECTION COMMON MODE 4KV, 
   DIFFERENTIAL MODE 2KV

• OPERATING TEMP.: -22°F to 149°F (-30°C to 65°C)

IP over Coax transmitter and receiver set enables use of existing coax cable to upgrade to 
transmission of IP video, audio and data with PoE. Plug-and-play installation without 
configuration and compatibility with IEEE802.3af and IEEE802.3at PoE protocols simplify 
upgrades from analog to IP.
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