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PRESSURE VESSEL APPROVAL

ACH-30EQ-10H R52 (3287084893)

G

www.alfalaval.com

/

3/156/2017

REV 0

50.2 mm

TOTAL LENGTH
TOTAL WIDTH

95.0 mm

325.0 mm

TOTAL HEIGHT

CUSTOMER NAME / REF. NO.

COMPANY / REF.




