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E! HEATING SURFACE 2 g
S % NETWEIGHT 76.0 kg S m
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2 %J PLATE MATERIAL Alloy 316 %
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Z PLATE GROUPING T83AMH/T*84AML X | 5
PRESSURE VESSEL APPROVAL UL/CRN
ALY ACH220EQ-168AM-F S62 (3287155314)
T
www.alfalaval.com
CUSTOMER NAME / REF. NO. TOTAL LENGTH 427.1 mm
TOTAL WIDTH 190.0 mm
TOTAL HEIGHT 616.0 mm

COMPANY / REF.
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