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Part	Number

Metric Inch
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Diameter

Outside 
Diameter
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Thickness
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Thickness
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Thickness

18-5P-FS 34.9	mm 23.8	mm 1.5	mm 2.3	mm 0.936” 1.375” 0.060” 0.090”

19-5P-FS 36.5	mm 24.8	mm 1.5	mm 2.3	mm 0.976” 1.438” 0.060” 0.090”

20-5P-FS 38.9	mm 28.0	mm 1.5	mm 2.3	mm 1.101” 1.531” 0.060” 0.090”

21-5P-FS 38.9	mm 28.0	mm 1.5	mm 2.3	mm 1.101” 1.531” 0.060” 0.090”

22-5P-FS 42.1	mm 31.1	mm 1.5	mm 2.3	mm 1.226” 1.656” 0.060” 0.090”

23-5P-FS 42.1	mm 31.1	mm 1.5	mm 2.3	mm 1.226” 1.656” 0.060” 0.090”

24-5P-FS 45.2	mm 32.4	mm 1.5	mm 2.3	mm 1.276” 1.781” 0.060” 0.090”

25-5P-FS 45.2	mm 32.4	mm 1.5	mm 2.3	mm 1.276” 1.781” 0.060” 0.090”

26-5P-FS 48.4	mm 35.6	mm 1.5	mm 2.3	mm 1.401” 1.906” 0.060” 0.090”

28-5P-FS 51.6	mm 38.6	mm 1.5	mm 2.3	mm 1.521” 2.031” 0.060” 0.090”

30-5P-FS 54.0	mm 40.1	mm 1.5	mm 2.3	mm 1.578” 2.125” 0.060” 0.090”

32-5P-FS 54.0	mm 40.1	mm 1.5	mm 2.3	mm 1.578” 2.125” 0.060” 0.090”

34-5P-FS 60.3	mm 46.3	mm 1.5	mm 2.3	mm 1.824” 2.375” 0.060” 0.090”

36-5P-FS 60.3	mm 46.3	mm 1.5	mm 2.3	mm 1.824” 2.375” 0.060” 0.090”

38-5P-FS 66.7	mm 51.7	mm 1.5	mm 2.3	mm 2.035” 2.625” 0.060” 0.090”

40-5P-FS 69.9	mm 53.8	mm 1.5	mm 2.3	mm 2.120” 2.750” 0.060” 0.090”

44-5P-FS 78.6	mm 69.5	mm 1.5	mm 2.3	mm 2.735” 3.094” 0.060” 0.090”

45-5P-FS 78.6	mm 69.5	mm 1.5	mm 2.3	mm 2.735” 3.094” 0.060” 0.090”

48-5P-FS 84.6	mm 68.4	mm 1.5	mm 2.3	mm 2.692” 3.330” 0.060” 0.090”

50-5P-FS 84.6	mm 68.4	mm 1.5	mm 2.3	mm 2.692” 3.330” 0.060” 0.090”

52-5P-FS 90.6	mm 74.7	mm 1.5	mm 2.3	mm 2.942” 3.566” 0.060” 0.090”

56-5P-FS 96.5	mm 77.9	mm 1.5	mm 2.3	mm 3.067” 3.800” 0.060” 0.090”

60-5P-FS 102.7	mm 82.7	mm 1.5	mm 2.3	mm 3.254” 4.044” 0.060” 0.090”

64-5P-FS 105.9	mm 85.9	mm 1.5	mm 2.3	mm 3.380” 4.170” 0.060” 0.090”

68-5P-FS 114.8	mm 92.2	mm 1.5	mm 2.3	mm 3.629” 4.520” 0.060” 0.090”

72-5P-FS 118.6	mm 95.3	mm 1.5	mm 2.3	mm 3.750” 4.670” 0.060” 0.090”

5 MM POWERHOUSE™ 
TIMING PULLEY FLANGES

(Compatible with PowerGrip® GT2® and PowerGrip® GT3® pitches) 
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