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F)oRrRCY
PRO SERIES 500 LUMEN RECHARGEABLE SPOTLIGHT

Spotlight Parts

Fold out stand for hands free use

High Distance Beam

Includes: 2200mAh Lithium-ion
rechargeable battery

3 Modes: High, Low, Strobe

Rubber grip

Spotlight Operation

Operating Instruction

Please read these instructions carefully before use. Unless directions are
followed physical injury or property damage may result. Save these
instructions for further reference.

Operating

» Unlock the ON/OFF switch.

* Press the MODE switch once. The LED Rechargeable Spotlight will
illuminate in a high beam (500LM).

* Press the MODE switch twice. The LED Rechargeable Spotlight will
illuminate in a medium beam (260LM).

* Press the MODE switch three times. The LED Rechargeable Spotlight will
illuminate in a flashing beam (500LM).

NOTE: Before initial use, charge the LED Rechargeable Spotlight for at
least 4 hours.

1. Disconnect the rear cover from the spotlight by turning it counter
clockwise.

2. Directly connect USB cable into the designed socket in the back. A
charge indicator light on the spotlight will turn on. When the light is fully
charged, the indicator will change color from red to green.

3. Disconnect the USB cable from the back of the spotlight. Attach rear
cover to the spotlight.

Included Charging Cable
Stores In Rear Compartment

TGN,

Trigger lock keeps spotlight ON
for hands free use

Lanyard Loop
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F)oRrRCY
SERIE PRO - PROJECTEUR RECHARGEABLE 500 LUMEN

Pieces de la lampe

Support repliable pour utilisation

sans les mains

Faisceau longue portée o——

Incluant : Batterie rechargeable
Lithium-ion de 2 200 mAh

3 modes : Haut, bas, stroboscope

Prise en main
caoutchoutée

Fonctionnement de la lampe

Mode d'emploi

Veuillez lire attentivement les présentes instructions avant d’utiliser le
projecteur. Le mangue d’observation de ces présentes instructions peut
étre la cause de dommages corporels ou matériels. Conservez ces
instructions pour référence ultérieure.

Exploitation

» Déverrouillez l'interrupteur ON / OFF.

* Appuyez une fois sur le commutateur MODE. Le projecteur DEL
rechargeable s'allume en mode phare (500 Im).

* Appuyez deux fois sur le commutateur MODE. Le projecteur DEL
rechargeable s'allume en mode faisceau moyen (260 Im).

* Appuyez trois fois sur le commutateur MODE. Le projecteur DEL
rechargeable s'allume en mode clignotant (500 Im).

REMARQUE : avant la premiére utilisation, rechargez le projecteur DEL
rechargeable pendant au moins 4 heures

1. Débranchez le capot arriere du projecteur en le tournant dans le sens
anti-horaire.

2. Branchez directement le cable USB sur la prise concue a cet effet a
|'arriere. Un voyant de charge s'allume sur le projecteur. Lorsque le
projecteur est complétement chargé, la couleur du voyant change du
rouge au vert.

3. Débranchez le cable USB de l'arriere du projecteur. Attachez le capot
arriere au projecteur.

Le cable de charge inclus se
range dans le compartiment arriere
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Blocage de gachette maintenant
I’éclairage pour une utilisation
sans les mains
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Adaptateur Chargeur USB
mural USB automatique



