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GEARWRENCH

PITBULL™ PLIERS GUIDE

New GEARWRENCH PitBull™ pliers are cutting and gripping machines. PitBull Auto Bite™ pliers feature one-handed
automatic gripping action, so they're perfect for tough work in tight spaces, while PitBull Tongue and Groove
pliers have a K9™ jaw that bites hard to grip strong, even when attacking at an angle. If superior cutting's

your thing, PitBull cutting pliers deliver big time with 35% less force needed to cut and 50% longer blade life.
When it comes to unstoppable gripping and cutting performance, nothing beats GEARWRENCH PitBull pliers.

PitBull ™ Pliers

True one-handed automatic adjustment and slim design make these pliers perfect for work in cramped,
hard-to-reach spaces. Just flip the patented Auto-Bite lever with your thumb and squeeze the handles to
fit the jaws securely around any object. Auto-Bite's aggressive tooth design grips tight for maximum
turning power then releases just as easily.

+Aggressive angled teeth for increased grip — \\1 - Slim profile jaws for 40% greater access

- More jaw positions for more flexibility, grip
comfort and jaw capacity

- With the Auto-Bite lever engaged, SELF-LOCKING
squeeze the handles and the jaw JAWS

automatically adjust to a strong grip SECURE
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- Grip Zone handles for non-marring grip - '\
- Pinch-stop design prevents —
handle pinching palm or
fingers ,
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- Ergonomic handles with tether point
increase overall comfort and safety”

Cat. No. Description Jaw Positions | Overall Length Jaw Length Jaw Width | Jaw Thickness | Jaw Capacity Jaw Type Weight (Ibs)
82530C 6" Auto-Bite T&G Plier Cushion Grip 14 6.9" 1" ! 0.25" 1.25" Straight Jaw 04

82591C 8" Auto-Bite T&G Plier Cushion Grip 20 g 1" ! 0.28" 1.85" Straight Jaw 0.5

82592C | 10" Auto-Bite T&G Plier Cushion Grip 25 g’ 25" 3 03" 22" Straight Jaw

82593C | 12" Auto-Bite T&G Plier Cushion Grip 30 8 8 8 S 2.8" Straight Jaw

*Tether Point is only available on Cushion Grip Pliers




PitBull Tongue and Groove Pliers

P

L 4

K3 JAW DESIGN FOR UP
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- Pinch-stop design prevents handle
pinching palm or fingers

T0 35° ANGLED GRIP
SLIM AWS FOR
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- Grip Zone handles for =4
non-marring grip / - Ergonomic handles with
tether point increase

overall comfort and

safety* GRIP ZONE HANDLS

- K9 Jaw Eesign gkr_ips \\"Z"% FOR NON-MARRING GRIP
even wnen workin . -
atanangle : . x +Slim profile jaws for 40% - Tongue and Groove, Long Nose, Universal, TETHER
v greater access Linesman and Diagonal pliers are also READ
available with dipped handles
Cat. No. Description Jaw Positions | Overall Length Jaw Length Jaw Width Jaw Thickness | Jaw Capacity Jaw Type Weight (Ibs)
82168C 8"V Jaw T&G Cushion Grip 8 85 T 1w 033" 16" V-Jaw 05
82169C 8" Straight Jaw T&G Cushion Grip 8 8.5" 1" 11 0.33" 16" Straight Jaw 0.5
82168 8"V Jaw T&G Dipped Handle 8 81" T 1w 033" 16" V-Jaw 05
82169 8" Straight Jaw T&G Dipped Grip 8 81" T s 033" 16" Straight Jaw 05
82170C 10" Straight Jaw T&G Cushion Grip 8 108" 125" % 0.38" 21 Straight Jaw 08
82172C 10"V Jaw T&G Cushion Grip 8 10.8" 125" 4 0.38" 21 V-Jaw 08
82170 10" Straight Jaw T&G Dipped Handle 8 10.2" 125" % 0.38" 21 Straight Jaw 08
82172 10"V Jaw T&G Dipped Handle 8 10.2 1.25" % 038" 21" V-Jaw 08
82171C 12" Straight Jaw T&G Cushion Grip 8 12.8" 18" 1.8" 042" 2.8" Straight Jaw 15
82173C 12"V Jaw T&G Cushion Grip 8 12.8" 18" 18" 042" 26" V-Jaw 15
8217 12" Straight Jaw T&G Dipped Handle 8 21 18" 18" 042" 2.6" Straight Jaw 15
82173 12"V Jaw T&G Dipped Handle 8 2r 18" 18" 042" 26" V-Jaw 15
82166 16" Straight Jaw T&G Dipped Handle 8 16.5" 25 25" 0.58" 42" Straight Jaw 32
82167 16"V Jaw T&G Dipped Handle 8 16.5" 2.5" 25" 0.58" 42" V-Jaw 32

PitBull Slip Joint Pliers

- Grip Zone handles for non-marring grip s

-
4
- Deep shear style wire cutter

reduces cutting effort
,/J

- Ergonomic handles with
tether point increase

- Cross hatched jaw tooth overall comfort and EO ok oG oo
design for gripping and pulling safety” REAHD R
Cat. No. Description Cvl\lltiigr Edge Type Ca;::tt:ity Poia‘?;ns E;’:;i: Jaw Length | Jaw Width Jaml':isck— Cai)aavrl:ity Jaw Type “{ﬁ;g;‘t
82174C 6" Slip Joint Plier Cushion Grip Yes BY PASS AWG12 2 6.8" 1.35" 1 042" 125" Curved 04
82174 6" Slip Joint Plier Dipped Handle Yes BY PASS AWG12 2 64" 1.35" 1 042" 125" Curved 04
82175C 8" Slip Joint Plier Cushion Grip Yes BY PASS AWGT 2 8.7 135" 1 042" 15" Curved 0.6
82175 8" Slip Joint Plier Dipped Handle Yes BY PASS AWGT1 2 81" 1.35" 1 042" 15" Curved 0.6

*Tether Point is only available on Cushion Grip Pliers



PitBull Long Nose Pliers
||

- High leverage joint design = =
- Bolt grip zone for turning for greater cut force
I nuts and fasteners J
- /
||

LASER-HARDENED CUTTING EDGE

- Nail and wire holder groove on jaws

- Cross-hatched jaw tooth design A
for gripping, bending & twisting - Ergonomic handles with tether
WRENCH - Laser-hardened cutting point increase overall comfort

edges for longer life and safety” TETHER
READ

Cat. No. Description Wire Cutter Edge Type Cut Capacity Overall Length Jaw Length Jaw Width Jaw Thickness | Weight (Ibs)
82176C 6" Long Nose Plier Cushion Grip Yes Knife-Knife AWGN 6.6" 2.0" 0.7 037" 03
82176 6" Long Nose Plier Dipped Yes Knife-Knife AWGT 6.2" 2.0" 0.7" 0.37" 04
82171C 8" Long Nose Plier Cushion Grip Yes Knife-Knife AWGT1 8 3.0 0.7 0.38"
82177 8" Long Nose Plier Dipped Yes Knife-Knife AWGTT 6.2" 2.0" 0.7 0.37"

PitBull Linesman Pliers

EASY CUTTING

35% EASIER
LONGEST CUT LIFE

- Laser-hardened cutting edges for longer life 0/

FISH TAPE CHANNEL
NS

- High leverage joint design

WRENCH for greater cut force

- Cross hatched jaw tooth design for :
gripping and pulling ' ‘ - Ergonomic handles
- W|th tether pomt FOR FLAT STEEL TAPES

- Reaming edges for deburring pipes - Fish tape channel for increase overall TETH
flat steel fish tapes comfort and safety” READ

Cat. No. Description Wire Crimper | Wire Cutter Edge Type Cut Capacity | Overall Length | JawLength | Jaw Width | Jaw Thickness | Weight (Ibs)
82180C 8" Linesman Plier Cushion Grip Yes Yes Knife-Knife AWGH 89" 15" 12 0.53" 08

82180 | 8"Linesman Plier Dipped Handle Yes Yes Knife-Knife AWG5 84" 15" 12" 053" 0.8
82181C 9" Linesman Plier Cushion Grip Yes Yes Knife-Knife AWG6 6" 1.6" 125" " 09
82181 9" Linesman Plier Dipped Handle Yes Yes Knife-Knife AWG6 16" 125" " 09

PitBull Universal Pliers

35% EASIER

WRENCH - | aser-hardened CUtting LONGEST CUT LIFE

/ edges for longer life

- Bolt grip zone for turning
nuts and fasteners

- Cross-hatched jaw tooth design for -Ergonomic handles with ~ IEaimemm

gripping & pulling High leverage joint design tether point increase TETH
for greater cut force overall comfort and safety” f:{F\i]

Cat. No. Description Wire Crimper | Wire Cutter Edge Type Cut Capacity | Overall Length | Jaw Length | Jaw Width | Jaw Thickness | Weight (Ibs)

82182C 8" Universal Plier Cushion Grip Yes Yes Knife-Knife AWG6 8.7" 15" 1" 5 0.7

82182 8" Universal Plier Dipped Handle Yes Yes Knife-Knife AWG6 8.2 15" 1 153 0.7
*Tether Point is only available on Cushion Grip Pliers




PitBull Diagonal Cutting Pliers

EASY CUTTING

- High leverage joint design for greater cut force _

LONGEST CUT LIFE

. 0
WRENCH - Laser-hardened cutting |

edges for longer life :

‘ % - Professional, ergonomic
dual material grips with &2

- 20° head angle for flush cutting tether point

» 1 '

- Reaming edges for deburring pipes

Cat. No. Description Wire Cutter Edge Type Cut Capacity | Overall Length | Jaw Length Jaw Width Jaw Thickness |  Weight (Ibs)
82178C 6" Diagonal Cutting Plier Cushion Grip Yes Knife-Knife AWG8 6.5" 75" 8" 04 03
82178 6" Diagonal Cutting Plier Dipped Handle Yes Knife-Knife AWG8 6." 75" 8 04" 0.3
82183C 7" Diagonal Cutting Plier Cushion Grip Yes Knife-Knife AWG8 78" 75 T 45" 05

82183 7" Diagonal Cutting Plier Dipped Handle Yes Knife-Knife AWG8 73" 15 i 45" 0.5
82179C 8" Diagonal Cutting Plier Cushion Grip Yes Knife-Knife AWG7 8.6" 75" " 53" 0.6
82179 8" Diagonal Cutting Plier Dipped Handle Yes Knife-Knife AWG7 81" 19 [ 3 0.6

PitBull Plier Sets

Set Cat. No. Component Cat. No. Description

82594C 4-Piece. AutoBite Cushion Grip Plier Set 82590C 6" Auto-Bite T&G Plier Cushion Grip
82591C 8" Auto-Bite T&G Plier Cushion Grip
82592C 10" Auto-Bite T&G Plier Cushion Grip
82593C 12" Auto-Bite T&G Plier Cushion Grip

Set Cat. No. Component Cat. No. Description

82202 3-Piece Electrician Set 82181 9" Linesman Plier Dipped Handle
82179 8" Diagonal Cutting Plier Dipped Handle
82177 8" Long Nose Plier Dipped Handle

Set Cat. No. Component Cat. No. Description

82203 4-Piece Mixed Set - Dipped Handles 82179 8" Diagonal Cutting Plier Dipped Handle
82177 8" Long Nose Plier Dipped Handle
82172 10"V Jaw T&G Dipped Handle
82175 8" Slip Joint Plier Dipped Handle

“Tether Point is only available on Cushion Grip Pliers




PitBull Plier Sets

Set Cat. No. Component Cat. No. Description
82203C 4-Piece Mixed Set - Dual Material Handles ) 82179C 8" Diagonal Cutting Plier Dual Material Handles
; 82177C 8" Long Nose Plier Dual Material Handles
82172C 10"V Jaw T&G Dual Material Handles
82175C 8" Slip Joint Plier Dual Material Handles

Set Cat. No. Component Cat. No. Description

82204 82181 9" Linesman Plier Dipped Handle
82179 8" Diagonal Cutting Plier Dipped Handle
82177 8" Long Nose Plier Dipped Handle
82175 8" Slip Joint Plier Dipped Handle
8217 12" Straight Jaw T&G Dipped Handle
82170 10" Straight Jaw T&G Dipped Handle

Set Cat. No. Component Cat. No. Description

82204C 82181C 9" Linesman Plier Dual Material Handles
82179C 8" Diagonal Cutting Plier Dual Material Handles
82171C 8" Long Nose Plier Dual Material Handles
82175C 8" Slip Joint Plier Dual Material Handles
82171C 12" Straight Jaw T&G Dual Material Handles
82170C 10" Straight Jaw T&G Dual Material Handles
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