3-3/4"196mm] CC

6-1/8"[156mm]

1/8"123mm]

3-3/8"186.2mm]

3/8"[ 10mm]

4-3/16"T106. 2mm]

[/2"T12mm]

UNC-V /2"

|| 3/8"110mm]

ACCESSORY:
SCREW:8-32X1" 2PCS
BREAK AWAY SCREW:8-32x45 2PCS
ALL SCREW MATERIAL:STEEL-SAEI006
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