
KHB & KHM Series 
2-way Ball Valves with Split Flange Connections 

KHBSer ies 
Block Housing 

Mode/Code 

KHM Series 
Forged Housing 

Specifications 
• 1/2" - 2" Full Port Design 

• SAE Code 61 and 62 Split Flange Connections 

• Carbon Steel Housing 

• Block Housing - Sizes 16 - 25 

• Forged Housing - Sizes 32 - 50 

• Polyacetal Ball Seals (standard) 

• FPM (Fiuoroelastomer) 0-Rings (standard) 

• Operating Pressure to 5800 psi Depending on 

• Valve Size and Seal Materials Selected 

• Temp Range: 14' F to 176' F with Standard materials (1114) up 
to max. pressure rating. Extended Temperature range -40' F to 
392' F on request with special materials and reduced pressure 
rating (see page 24) . 
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Housing Type------------------------------------------------------~ 

KHB Block Housing, Carbon Steel - Sizes 16-25 
KHM Forged Housing, Carbon Steel - Sizes 32-50 
KHM Forged Housing, Stainless Steel - Sizes 06 - 50 (see page 12 for details) 

Nominal Sizes-----------------------------------------------------------' 
Valve Size Nominal Flange Size 
16 1/2" 
20 3/4" 
25 1" 
32 1-1/4" 
40 1-1/2" 
50 2" 

Flange Dash Size 
-8 
-12 
-16 
-20 
-24 
-32 

Connection Type --------------------------------------------------------------' 
SAE J 518 Four bolt split flange type: 
F3 Standard Pressure Series, Code 61 
F6 High Pressure Series, Code 62 

Body Material------------------------------------------------------------------------' 
1 Carbon Steel (phosphate coated) 
3 Stainless Steel (see page 12 for ordering details) 

Spindle and Ball Material -----------------------------------------------------------------' 
1 Carbon Steel (ball is chrome plated, spindle is zinc plated) 
3 Stainless Steel 

Ball Seal Material-----------------------------------------------------------------------' 
1 Polyacetal (standard) 
3 PTFE (1500 psi max) 
8 PEEK 

0-Ring Material ------------------------------------------------------------------------------' 
2 NBR (Buna N) 
3 PTFE Spindle Seals and FPM (fluoroelastomer) 0-Rings (1500 psi max) 
4 FPM (fluoroelastomer) (standard) 
5 EPA 

Split Flange Material----------------------------------------------------------------------------' 
X Without Split Flanges (order split flanges separately see page 151) 

Handle Codes ---------------------------------------------------------------------------------' 
09X Without Handle, Sizes 16-50 
12X Offset Aluminum, Sizes 16-25 
16X Offset Steel, Sizes 32-50 

Locking Device Option ---------------------------------------------------------------------------------------' 
L Locking Device (see page 21 to order locking device separately) 
LS Locking Device with 5 amp Limit Switch, Available for Sizes 20-50 (Not available with PTFE Spindle Seals) 

Model Codes containing selections listed in RED are non-standard items - Minimum quantities will apply- Contact HYDAC for information and availability 
Not all combinations are available 
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Dimensions 

002 

L 
For dimensional information on flanges, see page 151 

KHB-20 F3 5000 

KHB-25 F3 5000 1" 

KHM-32 F3 4000 

KHM-40 F3 3000 

KHM-50 F3 3000 2" 

KHB-20 F6 5000 

KHB-25 F6 5000 1" 

KHM-32 F6 5000 

KHM-40 F6 5000 

KHM-50 F6 5000 2" 

Dimensions are for general information only, all critical d imensions should be verified by requesting a certified print. 
Dimensions are in inches/(mm) and lbs./(kg.) 
"Dependent upon valve and seal materials selected. 
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12x standard sizes 16-25 
16x standard sizes 32-50 
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