GLTS37225

Stainless Steel Self-Rimming Single Bowl Lavatory Sink, 3 Holes, (L)37" X (W)22" X (D)4-15/16"

Depth
4-15/16"

SS Type
18-10 304 Grade

Thickness
1.05mm(18G)
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