Richelieu Multi-purpose Caster

Multi-purpose caster - Bulk
F30247

Soft rubber caster, available in three mouting: plate,
threaded stem & friction grip stem

n Advantages and benefits

#F28474 « The nickel finish blends with any type of indoor
environment.

* Ideal for use on carpet, tile, linoleum and / or
ceramic.

Recommended surfaces:

#F30648

—
Tile / Linoleum / Ceramic

Product Description Diameter Load capacity Stem specification

number

F28474 51mm Caster, plate mounting 51mm (2”) 36kg (80Ibs) N/A

F28486 76mm Caster, plate mounting 76mm (3”) 57 kg(126lbs) N/A

F30247 51mm Caster, friction grip stem 51mm (2”) 40 kg (88lbs) 11 x 35mm (7/16” x 1-3/8”)

F30648 51mm Caster, threaded stem 51mm (2”) 40 kg (88lbs) 9,5mm—16 x 38mm
(3/8” - 16 x 1-1/2")

F30719 76mm Caster, threaded stem 76mm (3”) 57 kg(126lbs) 9,5mm—16 x 25mm

(3/8”-16x1")

F30764 102mm Caster, threaded stem 102mm (4”) 60kg (132lbs) 13mm-—13 x 38mm
(1/2” =13 x 1-1/2")

F28480 63,5mm Caster, plate mounting 63,5mm (2-1/2") 36kg (80Ibs) N/A

F29794 51mm Caster, friction grip stem 51mm (2”) 40 kg (88lbs) 9,5mm x 32mm (3/8” x 1)
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