SPECIFICATION SHEET

OLYHIPIA Smeintasest s

Single Handle Tub/Shower Trim Set

Lever Handle

Face Plate

Ceramic Disc Cartridge with Temperature Limit Cap
Single Function Rain Showerhead, Arm & Flange
Extended Combo 1/2” IPS/Slip-On Diverter Tub Spout
with Escutcheon

» With 1.75 GPM Flow Rate

* For Use with V-2300B Or V-2400B Series Valves - Valve
not included

*For current finishes offered, please visit our website
or contact our sales at 800-338-9468
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