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RWG609 CUT PROTECTION LEVEL A5 WORK GLOVE

13 Gauge Salt and Pepper HPPE w/
Stainless Steel Outer Shell
High Performance Polyethylene 
for Cut Resistance  

Sandy Foam Nitrile Palm Coating
Provides Excellent Protection 
from Abrasion in Wet or Dry 
Applications

Seamless Cuff Design
Provides a Comfortable Fit

TPR Overlays
Provides Added 
Protection

RWG609

U.S. Pat. No. 9,241,519

APPLICATIONS
Automotive Metal Fabrication
Bottling Mining
Construction Petrochem Industry
General Assembly Recycling
Glass Cutting Sharp Parts
HVAC Sheet Metal Handling
Manufacturing Warehousing
Material Handling
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RWG609 TECHNICAL DATA
LOAD WEIGHT 2708g

MATERIAL 13 Gauge Salt and Pepper HPPE Shell

PALM Sandy Foam Nitrile, EVA PADDED PALM

COLOR Salt-N-Pepper / Black

CUFF STYLE Seamless Comfort Cuff

SIZES S / M / L / XL / XXL

PACKAGING 6 poly bags of 12

CASE 72 pairs

HANGTAG No

COO China

SOLD BY Dozens

RWG609
PART NO. SIZE HEM COLOR PAIR UPC DOZEN PACK UPC MASTER PACK UPC

RWG609S Small Green 674326339566 10674326339563 20674326339560

RWG609M Medium Brown/Coffee 674326339559 10674326339556 20674326339553

RWG609L Large Yellow 674326339542 10674326339549 20674326339546

RWG609XL X-Large Gray 674326339573 10674326339570 20674326339577

RWG609XXL 2X-Large Navy Blue 674326339580 10674326339587 20674326339584

Meets ANSI/ISEA 105:2016

A5
CUT/2708g ABRASION PUNCTURE

3 3 2

Tested to EN388:2016 Standards
for Abrasion Resistance, Coup 
Test/Cut, Tear, Puncture, and ISO 
Cut Test (4X42E)4 X 4 2 E

EN388:2016

Reinforced Thumb Crotch
For More Strength

EVA Padded Palm


