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CRITICAL DIMENSIONS 

UNSPECIFED TOLERANCES: INCHES 

0.1 X.XX.=±0.03 X.XXX.=±0.010 

FRACTIONS=±1/32 ANGULAR TOLERANCE=±1
° 

DIMENSIONS IN INCHES DRAWN BY: 

DIMENSIONS IN[] IN MM 

CONFORMS TO ASME Y14.5M APRVD BY: 

REV DATE 

A 12/20-21 
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RECORD 

159 [6 1/4"] 
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DESN CHCK 

INSTRUCTION SHEET NO: 

G GRANO ® 
LIGHTING 

ITEM NO. GL20211S 
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