BSATCO | NUVO

Status Active
Collection Easton
Finish Polished Nickel
Style Transitional
Number of Lamps 3
Height (in.) 25.75
Width (in.) 16

r ':I' N Indoor or Outdoor Fixture Indoor

Specifications

Base Medium
Bulb Type Incandescent
Max Wattage 100W
oy Voltage 120V
I‘* Bulb Included No
Fabric Description White Linen
i Weight (Ib.) 7.59
s Y Sloped Ceiling Yes
Fixture Type Pendant
| Fixture Material Steel
Back Plate or Canopy Height (in.) 0.75
Back Plate or Canopy Diameter 5
- - - (in.)
Stem Length 36 in.

NUVO 60-7972

Safety Listing cULus - Certified
EASTON 3LT PENDANT
Location Rating Dry

T20 Exempt - Fixtures Not

California Status Lawful for sale in California
Title 20 / 24 Status Lawful for sale
California Prop 65 Lead

Additional Information

Mounting hardware and

Includes accessories; (2) 6 inch Rods; (2)
12 inch Rods; (1) 12 foot Wire
Warranty 1 Year Limited - Fixtures
Copyright 2023 Satco Products, Inc. For More Information Visit:
All Rights Reserved https://www.satco.com/



https://www.satco.com/
http://www.facebook.com/SATCOPRODUCTS
http://www.linkedin.com/company-beta/1813445/
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