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DESCRIPTION
• Powered by 6 AA batteries or optional AC adapter with power splitter
• Versatile, touchless convenience
• PowerClean™ spray technology
• Allows users to control the faucet in 2 unique ways:

touchless Wave Sensor and familiar handle
• High arc spout provides height and reach to fill or clean large pots while

pullout wand provides the maneuverability for cleaning or rinsing
• Reflex™ pulldown system offers smoother operation,

easy movement and secure docking
• Metal construction with varoius finishes identified by suffix
• Pulldown spray with 68” braided hose and

Duralock® Quick Connect installation
• Flexible supplies with 3/8” compression fittings
• Faucet designed for handle to be mounted on right side

OPERATION
• Lever style handle
• Temperature controlled by 100˚ arc of handle travel
• Operates with less than 5 lbs. of force
• Operates in stream or spray mode in the pulldown or retracted position

FLOW
• Flow is limited to 1.5 gpm (5.7 L/min) at 60 psi

CARTRIDGE
• 1255 Duralast™ cartridge

STANDARDS
• Third party certified to ASME A112.18.1/CSA B125.1, and all applicable

requirements referenced therein including NSF 61/9 & 372
• Meets CalGreen and Georgia SB370 requirements
• Complies with California Proposition 65 and with

the Federal Safe Drinking Water Act
• The backflow protection system in the device consists

of two independently operating check valves: a primary
and a secondary which prevents backflow

• ADA Compliant for lever handle

WARRANTY
• Limited lifetime warranty against leaks, drips and finish

defects to the original consumer purchaser
• 5 year limited warranty against electronic operation defects to the

original homeowner or when used in a multifamily installation
• 5 year warranty against leaks, drips, finish defects

if used in commercial installations
• 1 year limited warranty against electronic operation

defects when used in a commercial installation
• Visit www.moen.com/support for complete details and limitations

Georgene™ MotionSense Wave™

Single-Handle High Arc Pulldown Kitchen Faucet

MODELS:
87912EW Series

Specif ications

NOTE: 
THIS FAUCET IS DESIGNED TO BE INSTALLED 

THROUGH 1,2,3 OR 4 HOLES,
1-1/2” (38mm) MIN. DIA.

(1 HOLE FOR SOAP DISPENSER)
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Specif ications

AC IN USE

BATTERIES IN USE

REPLACE BATTERIES

CONNECTION PROBLEM

2-5/8"
(67mm)

29-3/8"
(746 mm)

4-1/8"
(105 mm)

5"
(127mm)

Battery Holder Cable
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Power Splitter

(sold separately)
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6-1/2”
165mm

10-1/4”
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1/4”
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200mm

9”
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16-1/4”
413mm



DESCRIPTION
• Aliment; par 6 piles AA ou un adaptateur secteur 

en option avec;partiteur de puissance
• Le système de pulldown Reflex ™ offre un fonctionnement plus 

fluide, un mouvement facile et une connexion sécurisée
• Construction métallique avec finitions varoius identifiées par suffixe
• Fournitures flexibles avec raccords à compression 3/8 “

OPÉRATION
• Fonctionne avec moins de 5 lb. de force
• Fonctionne en mode jet ou pulvérisation en position rabattue ou rétractée

COULER
• Le débit est limité à 1,5 gpm (5,7 L / min) à 60 psi

CARTOUCHE
• 

NORMES
• Conforme aux exigences CalGreen et Georgia SB370
• Conforme à l’ADA pour la poignée à levier

GARANTIE
• Garantie à vie limitée contre les fuites, les gouttes et 

les défauts de finition à l’acheteur original
• Visitez www.moen.com/support pour plus de détails et les limites

DES MODÈLES:
87912EW Series

Caractérist iques
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DESCRIPCIÓN
• Alimentado por 6 pilas AA o adaptador de CA 

opcional con divisor de potencia
• El sistema desplegable Reflex ™ ofrece un funcionamiento más 

suave, un movimiento sencillo y un acoplamiento seguro
• Construcción de metal con varios acabados identificados por sufijo
• Suministros flexibles con accesorios de compresión de 3/8 “

OPERACIÓN
• Opera con menos de 5 libras. de fuerza
• Funciona en modo de chorro o rociado en la 

posición desplegable o retraída

FLUIR
• El flujo está limitado a 1.5 gpm (5.7 L / min) a 60 psi

CARTUCHO
• 

ESTÁNDARES
• Cumple con los requisitos de CalGreen y Georgia SB370
• Compatible con ADA para manija de palanca

GARANTÍA
• Garantía limitada de 5 años cuando se utiliza en una instalación comercial

MODELOS:
87912EW Series

Especif icaciones
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