1250 mm [ 4,10’ ] (External Height)

1450 mm [ 4,76’ ] (External width)

851 mm [ 2,79’ ] (External depth)
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1080 mm [ 3,54’ ] (Entrance height)

B

1144 mm [ 3,75’ ] (Internal height)

1246 mm [ 4,08’ ] (Entrance width)
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1325 mm [ 4,35’ ] (Internal width)

\ 4

A

1420 mm [ 4,66’ ] (Base width)

755 mm [ 2,48’ ] (Internal depth)

A

821 mm [ 2,69’ ] (Base depth)
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Elevation View

1200L Storage shed (Flat lid)

Side View

Note: Dimension tolerance +/- 5 mm.




