
1300 mm [ 4,27’ ] (Base width)

1169 mm [ 3,86’ ] (Internal width)

1096 mm [ 3,60’ ] (Entrance width)

734 mm [ 2,41’ ] (Base depth)

627 mm [ 2,06’ ] (Internal depth)

719 mm [ 2,35’ ] (External depth)

1268 mm [ 4,16’ ] (External width)
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Store Away Shed 850L / 224 GAL

Side ViewElevation View

Note: Dimension tolerance +/- 5 mm.
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