
FEATURES

• Supports HDMI input & loopout from 640x480 to 

4K2K@60 (YUV 4:4:4), interlaced or progressive

• Supports UVC1.0

• Supports HDMI audio extraction

• Recording Video Format: H.264 (Software Compression)

• Supports USB 3• Supports USB 3.0 (MJPG/YUY2) and USB 2.0 (MJPG)

• Works on multiple operating system platforms (Windows 

7/8.1/10, Mac and Linux OS)

• Ideal for recording presentations on the go.

• Stereo audio input/output for connecting mics and local 

audio.

• • Compatible with most 3rd party software such as OBS 

Studio and AMCap

USB 3.0 Full HD Video Capture Device
With HDMI 2.0a Loopout & Audio

BG-C2HA

The BG-C2HA is an HDMI 
capture device with input resolutions up to 

4K@60Hz. The device can convert this signal to a 
USB 3.0 output for PC or Mac to use as a video source.

CaptuCapture cards are a valuable tool in the arsenal of anyone 
working with video. With a capture card like the BG-C2HA, 
applications like Open Broadcaster Software or vMix can 

recognize any HDMI video input as a video source for recording or 
streaming. For example, video from a gaming console, a camera or 

another PC can be recorded using this device.



1.888.499.9906
info@bzbgear.com

830 National Drive, Suite 140
Sacramento, CA 95834

Industry-Leading Warranty & Support

BZBGEAR Pro AV products and Cameras come with a 

three-year warranty. An extended two-year warranty is 

available for our Cameras upon registration for a total of 

five years.

We pride ourselves in our Customer Service and 

seven-days-a-week Tech Support.

Technical

USB Compliance: 3.0

Max. Data Rate: 350 Mbps

Max. Resolution: 1080p@60

Audio Support: 2ch 16bit PCM

ESD Protection: 8 KV - Contact Discharge; 15KV - Air Discharge

MechanicalMechanical

Housing Design: Metal

Casing Style: Portable

Power Connection: Micro-USB Port

Power Supply: 5V DC, 2A

Power Consumption: 5 watts (Max)

Operating Humidity: 20-90% RH (no condensation)

OpeOperation temperature: 32~104°F / 0~40°C

Product Weight: 0.3 lb [135g]

Package Weight: 0.6 lb [270g]

Certifications: CE, FCC, RoHS

Specifications


