BOLT-ON PORTABILITY KIT - ASP-PORT

*** ANY ADDITIONS, DELETIONS, OR OMISSIONS MUST BE CORRECTED ON THIS DRAWING AS THIS DRAWING WILL BE CONSIDERED ALL INCLUSIVE ***
ALL GRAPHICS PROVIDED ARE FOR REFERENCE ONLY. IF CERTAIN DIMENSIONS ARE CRITICAL PLEASE VERIFY THOSE DIMENSIONS WITH YOUR SALESPERSON
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STANDARD FEATURES

MODEL NUMBER: ASP-PORT

OVERALL WIDTH: 23 1/2"

USABLE WIDTH: 20 1/4"

OVERALL DEPTH: 5 9/16"

OVERALL HEIGHT: 40 1/4"

(2) 4" O.D. x 1 1/4" WIDE
POLY ON POLY WHEELS

U-BOLT AND
OTHER MOUNTING

HARDWARE INCLUDED—\
= o

P4

59/16"

40 1/4"

THE ASP-PORT WILL WORK ON THE
FOLLOWING STEP-MATE STANDS:
ASP-24, ASP-36, ASP-48

ASP-24-SS, ASP-36-SS, ASP-48-SS

ASP-PORT CAN BE ATTACHED TO EITHER
SIDE OF THE ASP STEP-MATE STAND

SPECIAL FEATURES
NONE

(2) HEX HEAD
CAP SCREWS

APPROX WEIGHT: 12 Ibs.
DOES NOT INCLUDE WEIGHT OF POWER OR PACKAGING!!!

ISOMETRIC VIEW
W/ STEP-MATE STAND
FOR REFERENCE ONLY

(SCALE: 1:16)

U-BOLT
ASP-PORT ATTACHES TO STEP-MATE STAND
AT (3) PLACES - (2) HEX HEAD CAP SCREWS
AND THE U-BOLT

DIMENSION TOLERANCE + 1/4"
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