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***ANY ADDITIONS, DELETIONS, OR OMISSIONS MUST BE CORRECTED ON THIS DRAWING AS THIS DRAWING WILL BE CONSIDERED ALL INCLUSIVE***
ALL GRAPHICS PROVIDED ARE FOR REFERENCE ONLY. IF CERTAIN DIMENSIONS ARE CRITICAL PLEASE VERIFY THOSE DIMENSIONS WITH YOUR SALESPERSON
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MODEL NUMBER IS CJIB-10

UNITS REQUIRING APPROVAL DRAWINGS OR
CAPACITY IS 1,000 LBS. MODIFIED ARE NON-RETURNABLE
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STRADDLE WIDTH IS 47 3/4" Signed: Date:
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