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”‘l Product Highlights:

» RTX Series

» Contact - Current Class =
Than 164

s Contact - Rated Current = 16 A

Terrminal Type = PCB-THT
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1937650-6

Industrial Relays {General Purpose)

ﬂ Alwayz EU RoHS/ELY Corpliant (Staternent of Cormpliance)

104 to 204 Class, Greater
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Documentation & Additional Information

Product Drawings:
® MNone Available

Catalog PagesfData Sheets:
® Power PCB Relay RTx (PDF, English)

Product Specifications:
® HMone Availlable

Application Specifications:
® None Available

Instruction Sheets:
» None Available

CAD Files:
& MNone Available

Additional Information:
# Product Line Information

Related Products:
# Tooling

List all Documents

Product Features (Please use the Product Drawing for all design activity)

Product Type Features:
® Series = RTH

® Terminal Type = PCB-THT

Electrical Characteristics:
® Contact - Current Class = 104 to 204 Class, Greater Than 164

s Contact - Rated Current (A) = 16

® Contact - Limiting Continuous Current (4) = 16

® Contact - Limiting Making Current (A) = 16

& Contact - Limiting Breaking Current (A} = 16

& Insulation - Initial Dielectric Between Coil/Cantact Class = =4000Y
Class

» Insulation - Initial Dielectric Between Open Contacts (W rms) = 1250

& Insulation - Initial Dielectric Between Contacts and Coil (W rms) =
Sooo0

& Cantact - Rated Vaoltage (WAC) = 250

» Contact - Limiting Short-Timme Current (4) = 16

& Coil - Rated Voltage (WDC) = 24

& Cail - Resistance (Q) = §90

® Coil - Rated Power, DC {mWw) = 650

# Insulation - Creepage Class = 5.5mm to Smm Class

& Insulation - Clearance Class = Sram to 8mm Class

® Insulation - Special Features = Tracking Index of Relay Base PTIZS0

Dimensions:

® Mechanical - Length Class = 25mm to 30mm Class

® Length {mm [in]) = 29.11 [1.144]

s Mechanical - Width Class = 12mm to 16mm Class

o Width {mrm [in]} = 12.70 [0.500]

» Mechanical - Height Class = 15mm to 16mm Class

» Height {mm [in]) = 16.00 [0.630]

» Insulation - Clearance Between Contact and Coil {rm [in]) =6
[0.236]

- Ensulat]icun - Creepage Between Contact and Coil {rm [in]) = &
0.236

Body Features:
& Mount Type = PCB

» Wweight (g [oz]) = 11.00 [0.358]

Contact Features:
» Contact Material = W + AgsnQ

o Contact - Mumber of Poles = 1
» Contact - Special Features = Flip-Flop Contacts

Configuration Features:
® Contact - Arrangement = 1 Form & (NO)

s Coil - Magnetic Systermn = Bistable, 1 Cail
® Coil - Special Features = UL Coil Insulation Class F

Industry Standards:
® RoHS/ELY Compliance = RoHS compliant, ELV compliant

» Lead Free Solder Processes = Wave solder capable to 260°C, Wave
solder capable to 240°C, Wave solder capable to Z65°C

RoHS/ELY Compliance History = Always was RoHS compliant
Approved/Reqgistered Standards = YDE, cULus

Environmental:
® Environmental - Category of Protection = RTIII

& Environmental - Ambient Temmperature, Max, (*C [*F]) = 70 [158&]
& Environrental - Ambient Termmperature Class = 50°C ta 70°C Class

Packaging Features:
» Packaging Method = Tube

Other:
s Brand = Schrack
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