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Alle fechnischen Dafen wurden unfer Laborbedingungen ermitfelt und konnmen im Praxisbefrieb abweichen
Es handelf sich ber den Angaben weder um Beschaffenheifs- noch um Halfbarkeifsgarantien
All technical data have been measured in a laboratory environment and can be different during

practical usage of the product. Any product information is for descriptive usage only and not legally binding,
particulary the information does nof constifufe or provide any legal guarantees ("Beschaffenheitsgarantie” or
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Characteristics

General Characteristics Standard Value
number of confacts 20
fermination fechnigue CrImp

wire gauge

014 mm? - 4 mm?

AWG 26 - AWG 17
max Insulafion diameter L6 mm
flammability UL 94 V-0
Electrical Characteristics Standard Value
rafed volfage IEC 60664-1 500 V' (UL/CSA- 600 V)
pollufion degree IEC 606641 3
installaftion (overvoltage) category [IEC 60664-1 3
material group IEC 606641 |
rated impulse withstand voltage [IEC 60664-1 6 kV
rated current T_. = 40 °C 16 A
current carrying capacity IEC 60512-5-7 see derafing curve

contact resistance

IEC 60512-2-1 < 5 mQ

nsulation resistance

IEC 60512-3-1 > 10" 0

Climatical Characteristics Standard Value

climatic careqgory IEC 60068-1 LO 1125 110
upper femperafrure IEC 60512-11-9 +125 °C

lower femperafure IEC 60512-11-10 -40 °C

Mechanical Characteristics Standard Value

mechanical operafion IEC 60512-9-1 >500 mafing cycles
Materials Standard Value

inserft PA-GF

contacfs CuZn (brass)

contact plafing

Aa (silver)/Au (gold)

color

black

Gewicht lerrechnet) | (alc WT:22.9 g Zul. Abw | Tolerances - MaBstab | Seale - 2:1 (1:1) A3 =16
( ) Prifmal | Jestdimension )‘ C%_
Telleindex | Farfingexnumber: IS0 2768-m N /150
Bagatelle change: 175 [ U S —|_ O M E R D R A\/\/ | N G
Gez. [09.10.2015

Drawn|PWOELFFLE

Buchsenmadul 20-Pol

Status|Released

Checked| MGRIMM

Gepr. |08.09.2017

socket module 270 pole
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