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.125
[3.18] Dia.

.610
[15.49]

Straight Plug1

Part Number 142-1000-0001
Instruction Sheet Number 408-08512

Former MICRODOT I.S. Number RF-ASMB-15

.125
[3.18]

.440
[11.18]

.380
[9.65]

Right-Angle Plug1

Part Number 142-1002-0001
Instruction Sheet Number 408-08513

Former MICRODOT I.S. Number RF-ASMB-16

.250
[6.35]

Hex.
2 Plcs.

.140
[3.56]

Max.
Panel

.190
[4.83]

-32UNF-2 Thd.

Ø .191
 [4.85]

Min.

.490
[12.45]

.445
[11.30]

.265
[6.73]

Right-Angle Bulkhead Mount Plug1

Part Number 142-1021-0001
Instruction Sheet Number 408-08519

Former MICRODOT I.S. Number RF-ASMB-76

.093
[2.36]

Max.
Panel

.156
[3.96]

Hex.
2 Plcs.

.640
[16.26]

.335
[8.51]

.125
[3.18]

-44UNF-2A
 (Modified)

Straight Bulkhead Jack1

Part Number 141-1001-0001
Instruction Sheet Number 408-08512

Former MICRODOT I.S. Number RF-ASMB-15

.125
[3.18] Dia.

.570
[3.99]

Straight Jack1

Part Number 141-1000-0001
Instruction Sheet Number 408-08512

Former MICRODOT I.S. Number RF-ASMB-15

.093
[2.36]

.022
[0.56]

Max.
Panel

Hex. 
2 Plcs.

Turret

Solder Pot
I.D.

.156
[3.96]

.495
[12.57]

.220
[5.59]

.125
[3.18]

-44UNF-2
 (Modified)

Front Mount Receptacle1

Featuring Twist Pin,
Pin and Socket Contacts

LEPRA/CON Slide-On
Connectors offer a conven-
ient mating style along with
Ultra-miniature size. Inner
contacts are twist pin tubular
sockets in plugs and twist
pin contacts for jacks 
and receptacles. Positive
housing contact is provided
by a three finger contact in
the plug housing.

Part No. Contact Tail
141-1002-0001 Turret
141-1002-0002 Solder Pot

1Mounting hole and assembly tools shown on page 123.

Mounting
Hole

LEPRA/CON Ultra-Miniature Connectors — Slide-On Series
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Connectors
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LEPRA/CON Ultra-Miniature Connectors — Slide-On Series (Continued)

.022
[.559]

Solder Pot
I.D.

.093
[2.36]

Max.
Panel

Turret

.495
[12.57]

.335
[8.51].156

[3.96]
Hex. 2 Plcs.

.125
[3.18]

-44UNF-2A
 (Modified)

Rear Mount Receptacle

Cavity Filled
With Epoxy

Sq.
.385

[9.78]

.490
[12.45]

.275
[6.99]

.115
[2.92]

.156
[3.96]

Hex.

.156
[3.96]

Right-Angle Receptacle
Mounting Hole Shown Below
Part Number 141-1012-0001

.172
[4.37]

.260
[6.60]

.026
[0.66]

Dia. Typ

Straight Printed Circuit Receptacle
Mounting Hole Pattern Shown Below

Part Number 141-1004-0001

.114
[2.90]

Min.

.126
[3.20]
Min.

Bulkhead Receptacle Mounting Hole

Typ.

.046
[1.17]

Dia. Min.
5 Holes

.195–.205
[4.95–5.21]

Typ..095–.105
[2.41–2.67]

Standard Pattern

Printed Circuit Receptacle Mounting Hole Pattern

Typ..045–.055
[1.14–1.40]

.046
[1.17]

Dia. Min.
5 Holes

Typ..095–.105
[2.41–2.67]

Small Pattern
Connectors 141-0019-0001
and 141-0023-0001 Only

.097
[2.46]

.026
[0.66]

Dia. Typ.

Dia.

.425
[10.80]

.385
[9.78]

.172
[4.37]

.120
[3.05]

Right-Angle Printed Circuit Receptacle
Mounting Hole Pattern Shown Below

Part Number 141-1005-0001

Featuring Twist Pin, 
Pin and Socket Contacts
(Continued)

LEPRA/CON Connector Assembly Tools

Part No. Contact Tail
141-1003-0001 Turret
141-1003-0002 Solder Pot

Mounting Hole shown below.

MICRODOT Part No. Thomas & Betts Part No.
010-0132-0000 WT-419

Housing Crimp Tool Connector Contact Crimp No. Astro Tool Part No.
Straight 010-0150-0000 A-826-1Connector Only

141-1001-0001 010-0161-0000 827

Contact Crimp Tool
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.900
[22.86]

End B End A

.125-44UNF-2A
[3.18] (Modified)

End “A” is BNC Plug

Part Number 143-0001-0001 Part Number 143-0003-0001

End “B” is MICRODOT 
Screw-On Plug

.950
[24.13]

End BEnd A

.125-44UNF-2B
[3.18] (Modified)

.785
[19.94]

.125-44UNF-2A
[3.18] (Modified)

End B End A

BNC / LEPRA/CON
Connector Adapters

End “A” is BNC Plug End “B” is MICRODOT Screw-On Plug
with Locking Interface

End “A” is BNC PlugEnd “B” is Screw-On Receptacle

.850
[21.59]

End BEnd A

 .125-44UNF-2A
[3.18] (Modified)

End “A” is BNC Receptacle End “B” is MICRODOT 
Screw-On Receptacle

.865
[21.97]

End BEnd A

 .125-44UNF-2A
[3.18] (Modified)

.835
[21.21]

End BEnd A

End “A” is BNC Receptacle End “B” is MICRODOT Screw-On
Receptacle with Locking Interface

End “A” is BNC Plug End “B” is MICRODOT 
Slide-On Plug

Part Number 143-0029-0001 Part Number 143-0032-0001

Part Number 143-0002-0001 Part Number 143-1000-0001

LEPRA/CON Ultra-Miniature Connectors (Continued)
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Coaxial
Connectors

4

LEPRA/CON Ultra-Miniature Connectors (Continued)

.800
[20.32]

End BEnd A

 .125-44UNF-2A
[3.18] (Modified)

.965
[24.51]

.125-44UNF-2B
[3.18] (Modified)

End BEnd A

1.015
[25.78]

.125-44UNF-2B
[3.18] (Modified)

End BEnd A

End “A” is BNC Plug End “B” is MICRODOT Receptacle with
Locking Interface

End “A” is BNC Receptacle End “B” is MICRODOT 
Screw-On Plug

End “A” is BNC Receptacle End “B” is MICRODOT Screw-On Plug
with Locking Interface

.900
[22.86]

End BEnd A

.900
[22.86]

End BEnd A

.965
[24.51]

End BEnd A

End “A” is BNC Plug End “B” is MICRODOT 
Slide-On Receptacle

End “A” is BNC Receptacle End “B” is MICRODOT 
Slide-On Plug

End “A” is BNC Receptacle End “B” is MICRODOT 
Slide-On Receptacle

Part Number 143-0031-0001 Part Number 143-1002-0001

Part Number 143-0004-0001 Part Number 143-1001-0001

Part Number 143-0030-0001 Part Number 143-1003-0001

BNC / LEPRA/CON
Connector Adapters
(Continued)


