WAC I_I G I—I Tl N G Fixture Type:

Catalog Number:

Project:
Camelot _
Location:
Wall Sconce 3000K
Model & Size Color Temp & CRI Finish Watt LED Lumens Delivered Lumens
0 WS-61216 16" 3000K 90 O AB Aged Brass 10w 850 428

[0 BK Black

Example: WS-61216-BK
For custom requests please contact customs@waclighting.com
FEATURES
+ Edge-lit LED illumination
« Conversion plate included to accommodate 4" junction box

« Driver concealed within the canopy
* 5 Year warranty

SPECIFICATIONS

Color Temp: 3000K
Input: 120 VAC,50/60Hz
CRI: 90
Dimming: ELV: 100-10% ,TRIAC: 100-10%
Rated Life: 50000 Hours
Mounting: Can be mounted on wall in all orientations
Standards: ETL, cETL
Damp Location Listed
Construction: Iron body, etched acrylic diffuser
FINISHES:
REPLACEMENT PARTS

HDW-LG22-WA - Hardware Pack

Aged Brass Black
LINE DRAWING:
3%" 3"
1354" 16" 15"

1 %" 1 n

z%n

WS-61216

waclighting.com | Phone (800) 526.2588 | Fax (800) 526.2585 | Headquarters/Eastern Distribution Center 44 Harbor Park Drive Port Washington, NY 11050

WAC Lighting retains the right to modify the design of our products at any time as part of the company's continuous improvement program. January 2022
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