WAC LIGHTING

Balance

Outdoor Wall Sconce

Model & Size
0 WS-W25106 6"

Color Temp & CRI Watt
0 3000K 90 1MW
0 3500K 90 A\
0 4000K 90 MW

Example: WS-W25106-30-AL

DESCRIPTION

LED Lumens
307
352
314

Functional style. Hang out with light.

FEATURES

+ 3CCT (3000K/3500K/4000K) selectable switch
* ACLED driverless technology

* 5 year warranty

SPECIFICATIONS

Color Temp:
Input:

CRI:
Dimming:
Rated Life:
Mounting:
Standards:

Construction:

3000K, 3500K, 4000K

120 VAC, 50/60Hz

90

ELV: 100-10%, TRIAC: 100-10%
54000 Hours

Can be mounted on wall in all orientations

ETL, cETL, IP65, Title 24: 2019
Wet Location Listed

Aluminum body, tempered glass diffuser

Fixture Type:

Catalog Number:

Project:
Location:
Delivered Lumens Finish
130 0O AL Brushed Aluminum
146 0 BK Black
127 0 WT  White
FINISHES
Black Brushed White
Aluminum
LINE DRAWING
5%" 2"

295"

5"

WS-W25106
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WAC Lighting retains the right to modify the design of our products at any time as part of the company's continuous improvement program. january 2021
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