BLOCK - LED Outdoor Sconce d We L E D

WS-W61806, WS-W61808 by WAC Lighting

Fixture Type:

Catalog Number:

Project:

Location:

PRODUCT DESCRIPTION SPECIFICATIONS

Eye-catching cast glass on a clean block design. Construction: Aluminum body with die-cast glass accents

Input: 120V-277V

Dimming: 100% - 10% ELV
100% - 5% 0-10V

FEATURES 100% - 5% Triac (WS-W61808)

« Aluminum construction, die-cast glass accents Light Source: High output LED

- Weather-resistant finish

+ 6" version can be mounted vertically or horizontally Finish: Brushed Aluminum (AL), Black (BK), Bronze (BZ)

- Universal voltage driver (120-277V)
concealed within fixture

« Color Temperature: 3000K Compliant, ADA Compliant

- CRI: 90

- Rated Life: 50,000 hours

Standards: ETL/cETL, IP65 Rated, Wet location listed, JA8-2016 Title 24
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ORDER NUMBER
Model Size Watt LED Lumens  Delivered Lumens Finish
Ws-W61806 | 6" ow 615 540 AL brushed Aluminum
BK black
WS-W61808 | 3" 15W 947 773 BZ bronze

Example: WS-W61806-AL
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